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HELUKABEL® ISOBUS PUR

Hybrid cable for data transmission between tractor and accessory equipment

HELUKABEL® I1SOBUS PUR C€

Technical data

» PUR-Hybrid cable for data transmission in the agricultural industry

 Temperature range:

* Nominal voltage:
+ Test voltage:
» Conductor resistance:

* Minimum bending radius:

Structure
e Conductor:
* Stranding element:

flexing -20°Cto +85°C
fixed installation -40°Cto +85°C
U,/U 300/500 V

2000V min. 5 Min.

acc. to DIN 50395

0,5 mm?2 = 39,0 Q/km
2,5 mm? = 7,98 Q/km
6 mm? = 3,3 Q/km
10 mm? =1,91 Q/km
16 mm?2 =1,21Q/km
flexing 12x cable @

fixed installation 6x cable @

bare copper conductor, finely stranded acc. to DIN VDE 0295 cl. 5 /IEC 60228 cl. 5
4x0,5 mm2; core insulation: PP
core colours: red, yellow, black, green (acc. to 1ISO 11783-2)
cores stranded in star quad formation
wrapping with synthetic fleece
2x2,5 mma2; core insulation: PVC
core colours: red, black
2x6/10/16 mm2: core insulation: PVC
core colours: red, black



« Stranding:
* Wrapping:
» Quter sheath:
* Sheath colour:

Properties

with fibre tape / synthetic fleece
TPU
black (similar RAL9005)

HELUKABEL® ISOBUS PUR

designed for durable and reliable
tractor accessory connections

cores with optimal lay-lengths, with filler elements

« resistant against: UV-rays, weather conditions, microbes, ammonia, MUD acc. to IEC 61892-Annex D
+ oil-resistant acc. to DIN VDE 0473-811-404 / DIN EN 60811-404 / IEC 60811-404
« abrasion-resistant, wear-resistant

flame retardant acc. to DIN VDE 0482-332-1-2 / DIN EN 60332-1-2 / I[EC 60332-1-2

« suitable for high pressure cleaning depending on temperature, exposure time and water pressure
+ The materials used in production are free of silicone, cadmium and substance inhibiting paint adhesion.

Applicatio

n

The ISOBUS system is a robust hybrid cable used for agricultural vehicles and machines. Optimum performance materials
enable long-term durability for deployment in agricultural technology. Customised construction solutions are available

on request.

C€=Product complies with the Low-Voltage Directive 2014/35/EU.

HELUKABEL® ISOBUS PUR
Core number x Outer-@ Cu no. Weight
Itemno: | Nominal cross-section mm? | approx. mm | kg/km: kg/km:
17001249 2x6 + 2x2,5 + 1x4x0,5 12,7 182,4 280
17001528 2x6 + 2x2,5 + 1x4x0,5 15,3 182,4 349
17001250 2x10 + 2x2,5 + 1x4x0,5 15,3 259,2 412
17001251 2x16 + 2x2,5 + 1x4x0,5 16,8 374,4 524
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NOTE: SUBJECT TO TECHNICAL CHANGES AND ERRORS.

B WHAT SETS US APART

= HELUKABEL

SOLID

+ Family-owned company since 1978

GLOBAL
* 55 |ocations in 36 countries
« Timely delivery to over 160 countries

LOGISTICS

* 33,000 items in stock

* 24-hour delivery service
« State-of-the-art logistics

QUALITY-MINDED AND ECO-FRIENDLY
+ 1ISO 9001, 14001 & 50001

+ Over 1250 kW total capacity from the firm’s own solar plant

“"HIDDEN CHAMPION"
« 600 million euro turnover

* 1,700 employees

PRODUCTION

* 6 production and
assembly locations
worldwide

PRODUCTS

» Cables, wires, and accessories
from a single source

B CONTACTS

Want to know more about HELUKABEL® ISOBUS PUR
or other special cables? Your contact at HELUKABEL:

Oliver Adler

Key Account Manager Agricultural Industry
Mobile: +49 171 6068 419
Oliver.Adler@helukabel.de

Order catalogues online at:

www.helukabel.com/publicationorder

National Locations

Berlin Chemnitz

Zum Muhlenflie 1 EichelbergstraBBe 7

15366 Neuenhagen 09212 Limbach-Oberfrohna
Phone: +49 3342 23970  Phone: +49 3722 6086 0
Sales Office - North Robotec-Systems GmbH
ViktoriastraB3e 2 47167 Duisburg

25524 Itzehoe Phone: +49 203 935424 51

Phone: +49 4821 40394 0 info@robotec-systems.de

Sales Office - Rhein-Ruhr  Kabelmat Wickeltechnik GmbH
Centroallee 261 72293 Glatten

46047 Oberhausen Phone: +49 7443 9670 0
Phone: +49 208 8823200 kabelmat@kabelmat.com

International Locations

Austria - Belgium - Brazil - Bulgaria - Canada - China - Czech
Republic - Denmark - France - Finland - Germany - Hungary - India
Indonesia - Italy - Malaysia - Mexico - Myanmar - Netherlands
Peru - Poland - Portugal - Romania - Russia - Singapore - South
Africa - South Korea - Spain - Sweden - Switzerland - Thailand
Turkey - United Arab Emirates - UK - USA - Vietnam

helukabel.com

HELUKABEL® GmbH - Headquarters - DieselstraBe 8-12 - 71282 Hemmingen - Germany - Phone +49 7150 9209-0 - info@helukabel.de



